<> VARI-GREEN

Offering and Capabilities

Vari-Green® Motor

Vari-Green® Motor

Vari-Green® Drive

Identifier VG VG VGD
Motor Technology EC Motor EC Motor AC Induction Motor
% Integrated Drive Yes Yes In Fan
% HP Available 1/15th -2 hp 1-10hp 1/2-10hp
% Phase Single Single Three Three
8 Voltage 115V/208-230V/277V 115V/208-230V 208-230V/380-480V 208-230V/380-480V
Power Range +10% +10% +10%
Voltage Doubler Wire  Connected = 115V, Disconnected = 208-230V/277V
Short Circuit Power Rating (SCCR) 5K (100K with fused disconnect) 5K (100K with fused disconnect) 50K
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Building Value in Air.

Control Methods

Dial (All) 0-10V Signal (1/10th — 1 hp)

Dial, 0-10V Signal , 4-20mA, BACnet/Modbus

Dial, 0-10V Signal, 4-20mA, BACnet/Modbus

Motor Enclosure TENV, ODP TEFC Variable
Direct/Belt Drive Direct Direct & Belt Direct & Belt
Dial-On Board ® t 4 ®
0-10 VDC Control ® ® ®
Vari-Green® Controls 4 4
E 4-20mA Control 4 ®
E Modbus / BACnet Comms 4 t
& Bluetooth t b 4
© Mobile App % %
>75% Turndown x 4 ®
Programmed at Factory ® ® ®
Programmable 1/0 t b 4
Motor Protections x ® t 4
Shaft Grounding 4 4
Downblast PRV (G/GB) Size 060 — 180 Size 140 - 540 Size 180 — 540
Upblast PRV (CUE/CUBE) Size 060 - 180 Size 140 - 480 Size 180 — 480
Sidewall (AER) Size 20 - 36 Size 20 - 60 Size 20 - 60
Sidewall (SE/SS) Size 8 - 24 Size 24 — 48
Upblast Propeller (RDU) Size 24 - 48
Hooded Rooftop (RE/RS/RCE/RCS) Size 20 - 54
10 Square Inline Centrifugal (SQ) Size 60 - 160 Size 130 - 160
é Square Inline Mixed Flow (SQ) Size 7-18, 22-24 Size 12 - 33
i Untempered MUA/Roof Supply (KSQ) Size 7-18, 22-24 Size 12 - 33
cu5 Plenum Fans (APH/APM/APD/HPA) 1 —10 hp (Direct Drive Only)

Utility Sets/Blowers (USF) 1/4 — 1 hp (Direct Drive Only) 1 - 10 hp (Direct Drive Only)
Tubular Inline (AX) AX-100 AX-200
)

Installation, Operation & Maintenance Manual (IOM @ @

Quick Start Guide @
Video I0M Link o o

Note: The asterisk (*) denotes the need of a ‘Bluetooth Copy Stick’ to access these features.
Not all voltages are available in all horsepowers. Model offering subject to change without notification.
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Need Help? Contact Greenheck’s
m Vari-Green® support team at:
715-359-6171
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https://content.greenheck.com/public/DAMProd/Original/10001/473681VariGreenMotor_iom.pdf
https://content.greenheck.com/public/DAMProd/Original/10012/Single_ThreePhase_VariGreenMotor_IOM.pdf
https://content.greenheck.com/public/DAMProd/Original/10001/481200VGDrive_iom.pdf
https://content.greenheck.com/public/DAMProd/Original/10011/484390VG-MotorQuick%20Start_iom.pdf
https://content.greenheck.com/public/DAMProd/Original/10001/481200VGDrive_iom.pdf
https://greenheck.wistia.com/medias/0b76o4u97r
https://greenheck.wistia.com/medias/izgvqi1p6h
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Controls Decision Tree

CONSTANT VOLUME APPLICATION

What turns the fan On/Off?

-Local- -Auto-
Manual / Breaker Voltage or Dry Signal

Control Section

HOA Control
‘Auto-Local Mode’

Dial-On Motor

F 3
5 a3
|[Lak .
I ] | ]
Constant Pressure Controller: IAQ Temp/Humidity Controller: IAQ VOC Controller:
PN: 387127 PN: 387227

PN: 385604

Need Help? Contact Greenheck’s

x @ Vari-Green® support team at:
715-359-6171

-Local-
Manual Set Speed

VARIABLE VOLUME APPLICATION

What controls the fan speed?

-BMS/BAS-

Or Control By ‘Others’

-Digital Devices-
ex: Timeclock or CO,
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Building Value in Air.

-Vari-Green® Control-

Control Section

Select Control

HOA Control

2-Speed Control

ex: Constant Pressure
or Temp/Humidity

Remote Dial or

0-10VDC

‘Auto-Local Mode’

Touch Remote

NEED TO INTERLOCK?

Vari-Green® Transformer:

PN: 385253

Two Speed Controller:
PN: 3849083

Add HOA as an Accessory to the Control (Transformer/HOA Dropdown)

HOA Controller:

PN: 387186

Remote Dial:
PN: 385803

Touch Remote: Dial-On Motor:
PN: 385396 PN: 385806
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