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DRAWN PGK 07-16—-1996

™
DEC.| INCHES 1.V Regal Beloit America, Inc. [crx s o7-is—ioe

5 | UPDATED TEMPLETE MVG 12/11/2017 | PVR |.X +.1 APPD  GK 07-18-1996
4 | REV'D CONNECTION TO MATCH ROTATION ISAAC 07—2021|JJB 09/05/2007 | ML |.xx | +.02 TTE CONNECTION DIACRAM SCALF 5=8
3 | ADDED T NO.'S MUT6064 MH  08-09-1997 XXX | £.005 REF
2 | REDRAWN ON CADD, NO CHANGES PGK 07-18-1996 S| £.0005 MAT'L. FMF
NO. REVISION BY & DATE CHK | ANG | £7°30" FINISH PREV
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